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Type Value
IP Class IP20
UL Type Open

Enclosure Colour grey
Frame Size AAF 2

Tolerances
Dimension [mm] <250 250>x>800 >800 parts in series folded parts
Tolerance [mm] +/-1 +/-2.5 +/-4 +/-2.5 +/-2.5
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Mains Terminal L1,L2,L3,N
Tool Slot 8x2mm    Torque 2.5-3.0Nm     wire cross section 25mm²

EPO Terminal 1,2
Tool Slot 2mm Torque 0.8Nm  wire cross section 1mm²

Control Terminals 
Tool Slot 2mm Torque 0.8Nm  wire cross section 1mm²

CT Terminal A,B,C,GND
Tool Slot 2mm    Torque 0.8Nm    wire cross section 2.5mm²


