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PE M6
Tightening torque: 6Nm

 3
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A

Cable clamp PUK 24B
Danfoss part-No. 175Z1756

Cable clamp PUK 52B

A (1 : 3.5)

U1

W1
V1

R+

U2
V2
W2

included accessories
1x decoupling plate
1x cable clamp PUK 24B
1x cable clamp PUK 52B
2x cable clamps R=35
4x screws M4x25
2x combi-screws M6x16
4x screws M5x8

input terminals
U1, V1, W1, R+: 35mm²
Tightening torque: 2.5-5.0Nm

output terminals
U2, V2, W2: 95mm²
Tightening torque: 6.0-12.0Nm
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All Mode Sine-Wave Filter 46A 400V IP20

213616-C-0

1/1A4

  

1:7

43.4kg
filter color RAL 7001

SheetSheetsize
Observe protection clause to ISO 16016
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