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RESP”NSIVENESSEﬂ""’g’ MM_DH_OO_AVMEO6
Member of the Danfoss Group

OPERATION This is a single cross-port relief (A to Schematic
B) HIC that mounts to DH motors with MA MB
manifold mount porting.
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SPECIFICATIONS Theoretical performance Specifications
i Rated pressure 210 bar [3045 psi
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86.4 —= ~— [2.91] -(-112) O'rings, Viton
[3.40] APPROX (12.37x2.62 mm) (2X)
ORDERING
INFORMATION MM-DH-00-AVMEO06-EN-2-10S-B-100
Motor mount 4—‘7 TCracking pressure (bar)
Motor code Example: 100 = 100 bar [1450 psi]
Seals
ke
- V =Viton
Singl? relief valve t——————Housing and ports Part #
on’A’port 105 = Al, #10SAE 11019307
Adjust type 4B =Al,1/2 BSP 11019308

EN = External screw .
Setting range

1=25-70 bar [363-1015 psi]
2 =35-170 bar [508-2466 psi]
3=70-315 bar [1015-4569 psi]
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