Motor Mount HICs Catalog

cnmatr@’ MM-OMH-00-ACP211-2

RESPONSIVENESS IN MOTION
Member of the Danfoss Group

OPERATION This is a single cross-port relief (A to B) Schematic
HIC that mounts to OMH motors with MA B
BSP porting.
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SPECIFICATIONS Theoretical performance Specifications
psi  bar 154 SUS (33 cSt) hyd. oil @ 100° F (38° C) Rated pressure 210 bar [3045 psi]
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HIC Includes: B3.21]
- M8x50mm bolts (4X) 996 . 618
-(-119) O'rings, Viton 3 52] [2.43]
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INFORMATION
Motor mount Crack pressure
Motor code Code x 10 = psi
Secondary valve Example: 050 = 500 psi
00 = No valve Pressure range
) . See CP211-2 for std. settings
Single relief valve A = 14-69 bar [200-800 psil
on'A’port B = 21-103 bar [300-1500 psi]
Seals Cartridge seal kit C =28-207 bar [400-3000 psi]
B = Buna-N 120017 D = 28-345 bar [400-5000 psi]
V =Viton 120018 Adjust type
. A =Internal E = External
:'gsu:r;? ;Tg;ﬁrts ??32:339 F =Tamper resistant K= Knob
4B =Al, 1/2 BSP 11026340
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