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FRAME SIZE C1

VOLTAGE HP KW

208/230 25-30 18.5-22

460/600 50-75 37-55

174N3468

DWG,REF,SUBMITTAL,C1 -TIER 3

CLEARANCE REQUIREMENT FOR AIR COOLING:
 
THE UNIT MUST BE INSTALLED VERTICALLY WITH THE
MINIMUM CLEARANCE OF 7.88in [200.0mm] ON THE TOP
AND BOTTOM. ALL UL NEMA TYPE 1/IP21 AND
NEMA TYPE 12/IP54 UNITS MAY BE MOUNTED SIDE
BY SIDE WITH NO MINIMUM SIDE CLEARANCE.
 
WEIGHT: 215 lbs [98 kg]
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DETAIL B

DETAIL A

ASAK 09/01/10SP10100

OPTIONAL DRIVE DISCONNECT

OPTIONAL CONTACT MOTOR
SELECT

OPTIONAL EM
CONTROL

4X DETAIL  A

4X DETAIL  BCONTROL CONDUIT ENTRY
FOR NEMA TYPE 12 UNIT USE NEMA 
TYPE 12 CONDUITS AND HUBS.

POWER CONDUIT ENTRY/EXIT
USER OPTION DEPENDANT
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