WIRE COLOR SCHEME
BLACK — LINE VOLTAGE

RED — AC CONTROL
WHITE — AC GROUNDED

CIRCUIT CONDUCTOR
BLUE — DC CONTROL

GREEN — CHASSIS GROUND
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CUSTOMER CONNECTIONS X55,X56,X58
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