
VLT® HVAC Basic Drive

1MI.18.C1.02 - VLT®  is a  registered Danfoss trademark

VLT® HVAC Basic Drive Type1 Kit Mounting Instruction for H1, H2, H3, H4 and H5

Step 2
Mount metal bracket onto frequency converter and 
tighten two M4 X 10 screws.
Tightening torque: 2Nm

Step 1
Fit top cover onto frequency converter.
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Step 3
Fit bottom cover onto frequency converter and tighten a 

M4 X 10 screw.

Type 1 Kit

Frame Conduit Size

H1 Ø22.5mm X 5

H2 Ø22.5mm X 2, Ø28.4mm X 3

H3 Ø22.5mm X 2, Ø28.4mm X 3

H4 Ø22.5mm X 2, Ø34.7mm X 3

H5 Ø22.5mm X 3, Ø34.7mm X 3
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